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SPECIFICATIONS:

]
0.50 [0.02] 1 ,I
HOLDER MATERIAL: SELF EXTINGUISHING THERMOPLASTIC,
BLACK PBT
FLAMMABILITY RATING:UL94V-0, FILE #E53829
CONTACTS: 302 SPRING TEMPER STAINLESS STEEL, NICKEL
PLATED OVERALL
DIELECTRIC STRENGTH: 560 VOLTS/MIL AT 25°C FOR 5 SEC.
TEMPERATURE RANGE: -55°C TO +180°C
RESISTANCE TO SOLVENTS: XYLENE, ETHYL , BUTYL, METHYL,
PROPYL ALCOHOL, ETHYL ACETATE,
HEPTANE, TOLUENE, REFRIGERANT

ROHS 2 COMPLIANT

Mounting Instruction:

Use 2-56 machine screws or eyelets 0.089" OD
by 0.15" flange stimpson GS-3 series or equivalent.
also adhesives and double sided tapes work well.
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