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NOTES - B(%DI’ED STEEL
1. ELECTRICAL CHARACTERISTICS: ‘
A. CONTACT ARRANGEMENT: NORMALLY OPEN
TOR TA
B. CURRENT RATING AT 28 VDC: 2308 X 43/
10 AMPS RESISTIVE NOTE 3
5 AMPS [INDUCTIVE
2. INSTALLATION TORQUE:
10 FOOT-POUNDS MAXIMUM
3 OPERATING TEMPERATURE RANGE: -50°F TO 250°F.
4. PROPER APPLICATION OF THIS PRODUCT IS THE
RESPONSIBILITY OF THE USER.
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