
Th
e 

in
fo

rm
at

io
n 

pr
ov

id
ed

 in
 th

is
 d

oc
um

en
ta

tio
n 

co
nt

ai
ns

 g
en

er
al

 d
es

cr
ip

tio
ns

 a
nd

/o
r t

ec
hn

ic
al

 c
ha

ra
ct

er
is

tic
s 

of
 th

e 
pe

rfo
rm

an
ce

 o
f t

he
 p

ro
du

ct
s 

co
nt

ai
ne

d 
he

re
in

.
Th

is
 d

oc
um

en
ta

tio
n 

is
 n

ot
 in

te
nd

ed
 a

s 
a 

su
bs

tit
ut

e 
fo

r a
nd

 is
 n

ot
 to

 b
e 

us
ed

 fo
r d

et
er

m
in

in
g 

su
ita

bi
lit

y 
or

 re
lia

bi
lit

y 
of

 th
es

e 
pr

od
uc

ts
 fo

r s
pe

ci
fic

 u
se

r a
pp

lic
at

io
ns

.
It 

is
 th

e 
du

ty
 o

f a
ny

 s
uc

h 
us

er
 o

r i
nt

eg
ra

to
r t

o 
pe

rfo
rm

 th
e 

ap
pr

op
ria

te
 a

nd
 c

om
pl

et
e 

ris
k 

an
al

ys
is

, e
va

lu
at

io
n 

an
d 

te
st

in
g 

of
 th

e 
pr

od
uc

ts
 w

ith
 re

sp
ec

t t
o 

th
e 

re
le

va
nt

 s
pe

ci
fic

 a
pp

lic
at

io
n 

or
 u

se
 th

er
eo

f.
N

ei
th

er
 S

ch
ne

id
er

 E
le

ct
ric

 In
du

st
rie

s 
SA

S 
no

r a
ny

 o
f i

ts
 a

ffi
lia

te
s 

or
 s

ub
si

di
ar

ie
s 

sh
al

l b
e 

re
sp

on
si

bl
e 

or
 li

ab
le

 fo
r m

is
us

e 
of

 th
e 

in
fo

rm
at

io
n 

co
nt

ai
ne

d 
he

re
in

.

Jul 9, 2022
1

Product data sheet
Characteristics

XCMV2502D44
Limit switch, Limit switches XC Standard,
XCMD, steel roller plunger, 1NC+1 NO, slow,
DT04 4P

Main
Range of Product Telemecanique Limit switches XC Standard
Series name Standard format
Product or Component
Type

Limit switch

Device short name XCMD
Sensor design Miniature
Body type Plug-in body
Head type Plunger head
Material Metal
Body Material Zamak
Head material Zamak
Fixing Mode By the body
Movement of operating
head

Linear

Type of operator Spring return roller plunger metal
Type of approach Lateral approach, 2 directions
Number of poles 2
Contacts type and
composition

1 NC + 1 NO

Contact operation Slow-break

Complementary
Switch actuation By 30° cam
Electrical connection Male connector DT04-4P, 4 pins
Contacts insulation form Zb
Positive opening With
Positive opening minimum force 35 N
Minimum force for tripping 7 N
Maximum actuation speed 1.64 ft/s (0.5 m/s)
[Ie] rated operational current 1 A 24 V, DC-13 EN/IEC 60947-5-1 appendix A

3 A 24 V, AC-14
[Ithe] conventional enclosed thermal current 6 A
[Ui] rated insulation voltage 36 V 3)IEC 60947-5-1
Maximum resistance across terminals 25 mOhm IEC 60255-7 category 3
[Uimp] rated impulse withstand voltage 0.8 KV IEC 60664

0.8 kV IEC 60947-1
Short-circuit protection 6 A cartridge fuse gG
Electrical durability 5000000 cycles, DC-13, 24 V, 3 W 60 cyc/mn 0.5 IEC 60947-5-1 appendix C
Mechanical durability 10000000 cycles
Width 1.18 in (30 mm)
Height 3.39 in (86 mm)
Depth 0.83 in (21 mm)
Net Weight 0.20 lb(US) (0.09 kg)

http://www2.schneider-electric.com/sites/corporate/en/products-services/green-premium/green-premium.page
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Environment
Shock resistance 25 gn 18 ms IEC 60068-2-27
Vibration resistance 5 gn 10…500 Hz)IEC 60068-2-6
IP degree of protection IP66 conforming to IEC 60529

IP67 conforming to IEC 60529
IP69 conforming to IEC 60529

IK degree of protection IK06 EN 62262
Electrical shock protection class Class III IEC 61140

Class III NF C 20-030
Ambient Air Temperature for Operation -13…158 °F (-25…70 °C)
Ambient Air Temperature for Storage -40…158 °F (-40…70 °C)
Protective treatment TC
Product Certifications CURus

CCC
Standards UL 508

CSA C22.2 No 14
EN/IEC 60947-5-1
EN/IEC 60204-1

Ordering and shipping details
Category 22413-LIMIT SWITCH, IEC, MINIATURE
Discount Schedule T
GTIN 3389119643047
Nbr. of units in pkg. 1
Package weight(Lbs) 3.25 oz (92.0 g)
Returnability No

Packing Units
Unit Type of Package 1 PCE
Package 1 Height 6.69 in (17 cm)
Package 1 width 27.95 in (71 cm)
Package 1 Length 20.47 in (52 cm)
Unit Type of Package 2 S02
Number of Units in Package 2 50
Package 2 Weight 12.21 lb(US) (5.538 kg)
Package 2 Height 5.91 in (15 cm)
Package 2 width 11.81 in (30 cm)
Package 2 Length 15.75 in (40 cm)

Offer Sustainability
Sustainable offer status Green Premium product
California proposition 65 WARNING: This product can expose you to chemicals including: Diisononyl

phthalate (DINP), which is known to the State of California to cause cancer,
and Di-isodecyl phthalate (DIDP), which is known to the State of California
to cause birth defects or other reproductive harm. For more information go to
www.P65Warnings.ca.gov

REACh Regulation REACh Declaration
EU RoHS Directive Pro-active compliance (Product out of EU RoHS legal scope) EU RoHS

Declaration
Mercury free Yes
RoHS exemption information Yes
Environmental Disclosure Product Environmental Profile
Circularity Profile End Of Life Information

Contractual warranty
Warranty 18 months

https://download.schneider-electric.com/files?p_enDocType=Product+environmental&p_Doc_Ref=ENVPEP110612EN
https://download.schneider-electric.com/files?p_enDocType=End+of+life+manual&p_Doc_Ref=ENVEOLI110612EN
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Product data sheet
Dimensions Drawings

XCMV2502D44

Dimensions

(1) : 2 elongated holes Ø 4.3 x 6.3 mm on 22 mm centers or 2 holes Ø 4.3 on 20 mm centers.
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Product data sheet
Connections and Schema

XCMV2502D44

Connections and Schema

Wiring Diagram
2-pole NC + NO break before make, slow break

Connections and Schema

Deutsch DT04-4P Male Connector

1 : NC
2 : NC
3 : NO
4 : NO
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Product data sheet
Technical Description

XCMV2502D44

Technical Description

Characteristics of Actuation
Switch Actuation by 30°cam

Technical Description

Functional Diagram, Travel Distance

(P) : Positive opening point
(A) : Cam displacement
(1) : NC contact with positive opening operation
(2) : Closed
(3) : Open
BK : Black
BK-WH : Black White
BU : Blue
BN : Brown


