PART NO.
RFD-225M-SR2
REV DESCRIPTION DWN DATE APPROVED
— | ENGINEERING RELEASE DM | 9/23/20 JDMc
|t——————— 1,055 [26.80] ————— =
16mm HEX
732 [18.601
SOLDER ONLY INSULATOR SHRINK TUBING
DIRECT SOLDER 2.2/5 MALE | 323 [8.20] e
138 [3.501] |——

SPECIFICATIONS:

INTERFACE:
IMPEDANCE: 50 Ohms

IEC—61169—66

FREQUENCY RANGE: 0—6 GHz
RL TEST ON TFT—402—LF 2X CONNECTORS
700 MHz

2000 MHz

2500—3000 MHz
3000—4000 MHz
4000—5000 MHz
5000—6000 MHz

RETURN LOSS: 32 dB
RETURN LOSS: 28 dB
RETURN LOSS: 24 dB
RETURN LOSS: 23 dB
RETURN LOSS: 19 dB
RETURN LOSS: 18 dB
3rd ORDER [M:

3rd ORDER
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<-165 dBc (RELATIVE TO CARRIER)
IM TEST METHOD: 2x43dBm CARRIERS

INSULATION RESISTANCE: 5k MOhms min.
POWER HANDLING: 250W @ 2 GHz

TEMPERATURE RANGE:

MATING TORQUE: 3 Nm
DURABILITY: >100 MATING CYCLES

ENVIRONMENTAL:

IP68 MATED

RoHS COMPLIANT: 2002/95/IEC

NET WEIGHT: 0.05 Ib

—40'C TO 85°C

=AY

RECOMMENDED STRIPING DIMENSIONS

USED ON: RG—402/U, TFT—402—LF, TFLEX—402, 1673A, SS402, EZ—FLEX—402

CUSTOMER
OUTLINE DRAWING

ALL DIMENSIONS
ARE REFERENCE ONLY
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7 |COUPLING NUT 1 |BRASS CuSnZn ALLOY UNLESS OTHERWISE SPECIFIED: | PROPRIETARY AND CONFIDENTIAL

6 |TUBING 1 |HEAT SHRINK BLACK DIMENSIONS ARE IN INCHES THIS DRAVING CONTAINS N.N\ m EHLH

5 [RETAINING RING 7 |BRASS CuSnZn_ALLOY AND [MLLIMETERS] INFORMATION PROPRIETARY T0 | DIRECT SOLDER FOR RG-402 TYPE CABLE

4 |GASKET 1 | SILICONE - DRAWN UNAUTHORIZED USE OF THIS

3 PN T [BRASS SILVER el LI ety ot e | .
Z UL L MTURAL WTE__|™ e | oro | RFD-22SM-SR2 | —
1 |BODY 1 | BRASS CuSnZn ALLOY ORI DR PUNISHABLE UNDER US. FORMAT | SCALE | CONTROL #
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