SPECIFICATIONS:

INTERFACE: IEC61169—11
IMPEDANCE: 50 Ohms
FREQUENCY RANGE: DC—6GHz
VSWR: <1.1:1 @ 3GHz,
INSULATION RESISTANCE: 5M OHMS

3RD INTERMODULATION: <—160 dBc
TEMPERATURE RANGE: —55°C TO +120°C
MECHANICAL DURABILITY: 500 CYCLES

1.15 @ 4GHz 1.25 @ 6GHz
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