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USAGE: 

P/N 426497000-3

LVDS ROUND TWISTED PAIR CABLE: FOR SHARP LK460D3LZ18

FOR SVH-1920 JACKET: PVC COLOR BLACK

UL20276, 18 PAIRS, 30AWG
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