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Electrical Parameters

Voltage Rating: 125V

Current Rating: 1.5A

Contact Resistance: 30mQ Max

Insulaiton Resistance: 500MQ/min.

Dielectric Withstanding Voltage: 1000V
Materials

Housing: PBT, UL94V-0, Black

Contact:

Conductor: 0.45mm thickness phosphor bronze
PIaTtlng: Gold plated over.nlckel \RGHS o S U N T S U RJ45 JACK SHIELDED SIDE
Shield: 0.25mm bronze nickel plated COMPLIANT % ENTRY
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