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Configured For 12VDC_14V —
Contact Resistance |50m ohm Max. b _—T\T
Insulation Resistance DC 500V 100M ohm Min. 3 e 1
Dielectric Strength |AC 1500V 1 minute Thicknesetmm T X Ym

. o ° 0.75-1.25 366 ——@—T
Ope:ratlon Temp.erature -20°~85 12520 |Ple+0.1] 36877 4
Switch Function l 3P 8PST ON-OFF Lamp Dependent 20730 37,0742
Lamp Type | Bulb 12VDC 14V

MATERIAL:
Frame: Nylon # 68, Black
Actuator: Nylon # 66 with 33%GF, Black
Lens 1. PC, Red
Lens 2: None
Water Proof and Dust Proof to fit iP-56
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Order Chart

Actuator Type
Terminal Type

Series Lens 1 Color

| I
|GRB260[A]4] 01| BIB[R[N] 1 |-Voltage
l I

Function Frame Lens 2 Color None
Color  Actuator Color
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