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MECHANICAL CHARACTERISTICS:
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CONNECTORS
WETIGHT

ENVIRONMENTAL CHARACTERISTICS:

1 SMA 2.9 malesfemale

: 7 grams

OFPERATING TEMPERATURE RANGE : — 48°C + B5°C
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GENERAL. TOLERANCES : 8.5 mm
ELECTRICAL CHARACTERISTICS
FREQUENCY RANGE : B.1 - 49 GHz
IMPEDANCE : 589 Ohms
FREQUENCY #g.1 - 1B GHz 18 - 48 GHz
V.5.H.R. max 1.25 1.35
INSERTION LOSS max 9.35 dB P.6P dB
BREAKDOWN VOLTAGE max 188 V dc
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