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1. MATERIALS: PANEL CUT-OUT
HOUSING - ZINC ALLOY
HOUSING INSERT - THERMOPLASTIC, BLACK
RETAINING NUT - COPPER ALLOY, NICKEL PLATED PART NUMBER | HOUSING FINISH
BNC JACK - COPPER ALLOY, NICKEL PLATED

NOTES:

(F) 2. ORIENTATION OF BAYONET POSTS +20° FROM VERTICAL.(G) EHBNCSC NICKEL PLATED
3. THESE PRODUCTS ARE RoHS COMPLIANT. EHBNCSCB BLACK CHROME | (CUSTOMER DRAWING)
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