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CHARACTERISTICS 
CONTACT ARRANGEMENT: DPDT-DB
PRETRAVEL:  1.52 [.06] MAX
OVERTRAVEL:  0.51 [.02] MIN
OPERATING FORCE:  510 142g [18 5 oz] 
RELEASE FORCE:  142g [5 oz] MIN
MOVEMENT DIFFERENTIAL: 0.64 0.25 [.025 .01]  
AMBIENT TEMPERATURE RANGE:  -65 C TO +125 C
RESET TRAVEL:  0.13  [.005] MIN
INITIAL CONTACT RESISTANCE: .025 OHMS MAX FROM TERMINAL

INITIAL DIELECTRIC WITHSTANDING VOLTAGE BETWEEN ALL 
TERMINALS AND BETWEEN ALL TERMINALS AND MOUNTING PLATE:  
SEA LEVEL 1000 VRMS
ALTITUDE (70,000 FT): 400 VRMS
                
ELECTRICAL RATING

NOTES : 
1. CONTACTS ARE ENHANCED GOLD
2. POLE SIMULTANEITY WITHIN .002 OF BUTTON TRAVEL
3. SWITCH IS DESIGNED TO MEET MIL-PRF-8805/77-003
4. CASE MATERIAL: 
    HIGH PERFORMANCE THERMOPLASTIC 
5. MARKING SHALL BE PERMANENT,REMAIN LEGIBLE
    AFTER COMPLETION OF THE SOLVENT RESISTENCE TEST
    IN ACCORDANCE WITH MIL-STD-202,METHOD 215,
    AND MUST NOT OBSCURE TERMINAL DESIGNATIONS ON CASE

    LABEL:  
    26-810
    8 AMP 125/250 VAC
    4 DIGIT DATE CODE ( YYWW )

6. MARK ARE CRITICAL DIMENSION

SCHEMATIC

LOAD

SEA LEVEL 70,000 FT.
28VDC

DPDT

28VDC

4 CKT

115VAC
60 HZ
DPDT

115VAC
60 HZ
4 CKT

28VDC

DPDT

28VDC

4 CKT
RESISTIVE 
INDUCTIVE 

LAMP

8 AMP
6 AMP

0.5 AMP

8 AMP
4 AMP

0.5 AMP

6 AMP
4 AMP
2 AMP

4 AMP
4 AMP
1 AMP

8 AMP
2 AMP
------

8 AMP
1 AMP
------

C.C.

W26-810

T-26 SWITCH END TERM.
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