
GENERAL TOLERANCES
(UNLESS SPECIFIED)

MM INCH

4 PLACES ± ±

3 PLACES ± ± 0.005

2 PLACES ± 0.13 ± 0.01

1 PLACES ± 0.25 ±

0 PLACES ± ±

ANGULAR TOL ± 2.0

DRAFT WHERE APPLICABLE
MUST REMAIN

WITHIN DIMENSIONS

SERIES MATERIAL NUMBER CUSTOMER

-73404 SEE TABLE

THIS DRAWING CONTAINS INFORMATION THAT IS PROPRIETARY TO MOLEX ELECTRONIC TECHNOLOGIES, LLC AND SHOULD NOT BE USED WITHOUT WRITTEN PERMISSION

SHEET NUMBER

 1 OF 1

DIMENSION UNITS SCALE

INCH NTS
DRWN BY DATE

TEF 2000/04/11
CHK'D BY DATE

SSS 2000/04/11
APPR BY DATE

GMH 2000/04/11

DOCUMENT NUMBER DOC TYPE DOC PART

SD-73404-030 PSD 001

DRAWING SIZE THIRD ANGLE PROJECTION

C

SMB JACK, 75 OHMS AIR DIELECTRIC
EDGE MOUNT SMB-J/PCB, EWR-11555
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FORMAT: Eng-lega-master-tb-prod-C
REVISION: C
DATE: 2017/02/06
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C

ES-89675-3040 INTERFACE
PS-89675-2000 ELECTRO/MECH PERFORM.

SPECIFICATION DESCRIPTION
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SMB JACK
75 OHMS
INTERFACE
AIR DIELECTRIC
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B B

C C

D D

E E

F F

G G

H H

73404-0301 GOLD (5µ-in MIN) OVER NICKEL (50µ-in MIN) GOLD (20µ-in MIN) OVER NICKEL (50µ-in MIN)
73404-0300 GOLD (30µ-in MIN) OVER NICKEL (100µ-in MIN) GOLD (30µ-in MIN) OVER NICKEL (100µ-in MIN)
PART NO. BODY  PLATING SPEC. CONTACT  PLATING SPEC.

MATERIALS AND FINISHES:

BODY, CONTACT: BRASS
PLATED ( SEE PART NUMBER TABLE)

INSULATOR: PTFE


