NOTES: | THIRD ANGLE PROJ. & & REVISIONS
| MATERIAL AND FINISH (PLATING THICKNESS IN MICRO-INCHES): REV DESCRIPTION DATE ECO APPR
BODY - BRASS, NICKEL PLATING A RELEASE TO MFG. 22-Jan- 13 1]
CONTACT - BERYLLIUM COPPER, GOLD PLATING
INSULATOR - PTFE, NATURAL
2 ELECTRICAL:
A. IMPEDANCE:50 OHM |
B. DIELECTRIC WITHSTANDING VOLTAGE: 1000 VRMS. MIN.
3. MECHANICAL :
A. DURABILITY:500 CYCLES MIN. ) e
B. TEMPERATURE RANGE:-65°C TO +165°C 4477m77447747l4477474u77747 B16 ,
C. SEALING REQUIREMENT: 1P68 MUST WITHSTAND THE WATER PRESSURE AT | STEye
THE DEPTH OF IM FOR ONE HOUR AT 15 PSI WITHOUT ANY SIGNS OF LEAKAGE. | - SCALE 1.000
4 MAX. PANEL THICKNESS= 6.8mm |
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