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SPECIFICATIONS:

IMPEDANCE: 50 Ohms
FREQUENCY RANGE: 0—3 GHz
VSWR: <1.15

3RD ORDER

RoHS COMPLIANT

IM: <155dBc @ 700 MHz
INSULATION RESISTANCE: 5k M Ohms min.
TEMPERATURE RANGE:

—40°C TO 1865°C

CABLE TYPE: SPP—250—LLPP

[—— 1.008 [25.60] ———

RECOMMENDED STRIPING DIMENSIONS

USE OF CABLE TRIM TOOL IS RECOMMENDED

USE COMPATIBLE TRIM TOOL SUCH AS MCPT—1412
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DIVISION OF RF INDUSTRIES, LTD. (858) 549-6345 FAX

UNLESS OTHERWISE SPECIFIED:
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