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SPECIFICATIONS:

1.  MATERIAL:

     (1). HOUSING: PA66 POLYAMIDE UL94-V0

     (2). CLAMPING SPRING: STAINLESS STEEL

     (3): TIN PLATED COPPER ALLOY

2.  MAXIMUM VOLTAGE: 600V (PER UL)

3.  MAXIMUM CURRENT: 65A (PER UL)

4.  WIRE RANGE: 4-20 AWG (SOLID OR STRANDED)

5.  INSULATION RESISTANCE: 500MΩ OR MORE AT 500V DC

6.  RATED SURGE VOLTAGE: 8KV

7.  OPERATION TEMPERATURE RANGE: -40°C TO +105°C
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COLOR
G12 = GREEN
M19 = GRAY

NO. OF CIRCUITS PART NUMBER ENGINEERING NUMBER COLOR PART NUMBER ENGINEERING NUMBER COLOR DIM.  "A"
(mm)

DIM.  "B"
(mm)

02 397003202 MX-TLM-704VA-02-G12 GREEN 397004202 MX-TLM-704VA-02P-M19 GRAY 21.80 10.00

03 397003203 MX-TLM-704VA-03-G12 GREEN 397004203 MX-TLM-704VA-03P-M19 GRAY 31.80 20.00

04 397003204 MX-TLM-704VA-04-G12 GREEN 397004204 MX-TLM-704VA-04P-M19 GRAY 41.80 30.00

05 397003205 MX-TLM-704VA-05-G12 GREEN 397004205 MX-TLM-704VA-05P-M19 GRAY 51.80 40.00

06 397003206 MX-TLM-704VA-06-G12 GREEN 397004206 MX-TLM-704VA-06P-M19 GRAY 61.80 50.00

07 397003207 MX-TLM-704VA-07-G12 GREEN 397004207 MX-TLM-704VA-07P-M19 GRAY 71.80 60.00

08 397003208 MX-TLM-704VA-08-G12 GREEN 397004208 MX-TLM-704VA-08P-M19 GRAY 81.80 70.00

09 397003209 MX-TLM-704VA-09-G12 GREEN 397004209 MX-TLM-704VA-09P-M19 GRAY 91.80 80.00

10 397003210 MX-TLM-704VA-10-G12 GREEN 397004210 MX-TLM-704VA-10P-M19 GRAY 101.80 90.00

11 397003211 MX-TLM-704VA-11-G12 GREEN 397004211 MX-TLM-704VA-11P-M19 GRAY 111.80 100.00

12 397003212 MX-TLM-704VA-12-G12 GREEN 397004212 MX-TLM-704VA-12P-M19 GRAY 121.80 110.00

NO. OF POLES

PRODUCT CODE

ENGINEERING NUMBER LEGEND
MX-TLM-704VA  - XX  - XXX
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