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SPECIFICATIONS:
 

IMPEDANCE: 50 Ohms
FREQUENCY RANGE: 0-7.0 GHz
TEMPERATURE RANGE: -55 C TO 85 C
WATERPROOF DESIGN: IP68 RATED

# PART # DESCRIPTION QTY.

11 861001-117 O-RING, Ø.799 X Ø.103 1
10 13163-01 PROTECTIVE CAP, 7-16 DIN MALE/FEMALE 1
9 11831-01  INSTALLATION CARD, 50 OHM BRAIDED .010
8 11830-01 INSULATOR, 50 OHM, 7/16 DIN MALE, 400 1
7 11728-01 RETAINING RING, 50 OHM, 7/16 DIN MALE 1
6 11727-01  CONTACT, 50 OHM, 7/16 DIN MALE, 400 1
5 11726-01 BODY, 50 OHM, 7/16 DIN MALE, 400, 500 1
4 11707-01 NUT, 50 OHM, 7/16 DIN MALE 1
3 11561-01 COMPRESSION RING, 50 OHM, N MALE, 400 1
2 11559-01 POST, 50OHM, N MALE, 400 1
1 11558-01 CLAMP, 50 OHM, N MALE, 400 1
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