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3918590 GENERAL SEMICONDUCTOR
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DEVICE BVero  Worv Po@100°C W@ 1 kev  @Vee SHEET
TYPE PACKAGE VOLTS  vOLTS MHz  pAMP VOLTS PG. NO.
2N2811  TO-61 80 80 80 400 50 50 05 50 05 15 0.1 60
2N2812  TO-61 80 80 8.0 400 50 50 05 50 05 15 0.1 60
2N2913  TO-61 80 120 80 400 50 50 05 50 05 15 0.1 80
2N2814  TO-61 a0 120 80 400 50 50 05 50 05 15 0.1 60
2N4070  TO-3 100 120 80 650 50 50 15 100 1.0 20 0.1 60 4-24
2N4071 TO-3 150 200 80 650 50 50 15 100 10 20 0.1 100 4-25
2N4301  TO-61 80 100 80 500 50 40 04 50 05 40 10.0 90
2N5218  TO-61 200 220 80 500 50 50 06 50 05 40 05 100 4-33
2N5313  TO-61 80 80 60 500 100 50 1.6 100 1.0 30 10 80
2N5315  TO-81 100 100 680 500 100 5.0 1.5 100 1.0 30 10 80
2N6317  TO-61/iso 80 80 60 500 100 50 1.5 100 1.0 30 10 80
2N5319  TO-61/iso 100 100 60 500 100 5.0 1.5 100 10 30 10 80
2NB412  TO-81 60 80 7.0 500 20 15 1.5 150 3.0 60
2N5540  TO-61 300 325 80 500 5.0 5.0 1.0 80 08 200 0.5 250
2N5542  TO-61 130 175 80 500 50 50 1.0 50 05 20 0.5 175 4-37
2N§§52  TO-5/S 80 120 7.0 150 50 20 05 50 05 30
2N5552-1 TO-5 80 120 7.0 150 50 20 05 50 05 30
2N5658  TO-59 80 120 7.0 300 50 50 1.0 100 10 30 0.2 120

5859  TO-111/iso 80 120 7.0 300 50 50 1.0 100 1.0 30 0.2 120
2N5730  TO-59/ls0 80 100 50 300 20 20 12 50 05 30 1.0mA 100
2N5854  TO-61/1so 80 100 60 66.0 50 50 1.5 100 1.0 20 500 100
2N6232  TO-5 100 140 7.0 150 50 20 14 100 1.0 30 0.2 140 4-45
2N6S60  TO-3 450 450 50 1250 50 20 075 50 1.0 10 1000 450
2Ne561 TO-3 300 300 50 1250 100 20 075 100 20 15 1000
2Nese2  TO-61/1so 450 450 50 1000 50 20 075 50 10 10 1000 450
2Ne563  TO-81/1so 300 450 50 100.0 100 2.0 075 100 20 15 1000 300
2N6674  TO-3 300 450 7.0 100.0 100 2.0 10 100 20 15 100 450
2NE675  TO-3 400 450 7.0 100.0 100 20 10 100 2.0 15 100 650
2N668 TO-61/is0 300 450 7.0 100.0 100 20 10 100 20 15 450
2N66%0  TO-81/1s0 400 650 7.0 1000 100 20 1.0 100 20 5 100 650
GSDB10008 TO-5 80 100 70 15 100 50 1.0 100 10 50 1.0 80 4-70
GSDU7530 TO-3 300 350 70 714 75 50 06 75 15 30 500 280 4-92
GSDU7535 TO-3 350 400 70 714 75 50 06 75 15 30 500 360 4-92
GSDU7540 TO-3 400 450 70 714 75 50 06 75 15 3 5 360  4-92
GSTUB035S TO-3 350 400 7.0 940 80 50 08 80 16 25 320 500 4-106
GSTUB040 TO-3 400 450 7.0 940 80 50 08 80 16 25 500 4-106
GSTUB04S TO- 450 500 7.0 940 80 50 08 80 18 25 400 500 4-106
§DT12301 TO-3 200 200 50 1250 §0 100 5.0 10 100 1.0 20 1000 200
8DT12302 TO-3 250 250 50 125.0 50 100 50 10 100 1.0 20 1000 250
$DT12303 TO-3 300 300 50 125.0 50 10.0 5.0 10 100 1.0 20 1000 300
8DT13301 TO-3 300 300 6.0 125.0 50 5.0 5.0 1.0 60 05 12 1000 300
SDT13302 TO-3 350 350 50 125.0 580 50 50 10 50 05 12 1000 350
§DT13303 TO-3 400 400 50 1250 50 60 50 10 50 05 121000 400
§DT14304 TO-3 300 300 8.0 1250 0.0 5.0 07 100 15 7 1000
S§DT14305 TO-3 400 400 50 125.0 0.0 5.0 07 100 15 7 1000 400
XG$Q7530 TO-66 300 350 70 250 75 50 07 75 15 3 200 280 4-125
XGsQ7535 TO-66 350 400 7.0 250 76 50 07 75 15 30 200 320 4-125
XGSQ7540 TO-66 400 4850 70 250 76 50 07 75 15 30 200 380 4-125
XGSR7530 TO-3 300 350 7.0 500 75 50 06 75 15 30 200 280 4-129
XQSR7535 TO-3 350 400 7.0 5§00 75 50 06 75 15 30 200 320 4-129
XGSR7640 TO-3 400 450 7.0 500 75 50 06 75 15 30 200 360




