KYCON, Inc. 305 Digital Drive, Morgan Hill, CA 95037 (408)494-0330

Materials and Finish
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i Plating: 15u" Gold Plating on Contact
&J Area, Gold Flash Plated
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Shell: Stainless Steel
Nickel Plated
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Electrical Specifications

~—4.50 —~-—5.96 —]

0.00

14.50

2307010

Contact Current Rating:

15.00 / i 0.5A Min.
PCB Edge Recommended P.C.B. Layout

(Tolerance : +0.05) Contact Resistance:
30 milliohms Max.

14.00 Dielectric Withstanding Voltage:
300V AC
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Tolerances

XX +0.35
XXX +0.25

ROHS COMPL'ANT Unless Stated

Otherwise

DATE DESCRIPTION REV.BY | CHK.BY |DRAWNBY | DATE ,
HDMI(TM), 5.2mm Flange, SMT, RoHS Compliant
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& I Insert Molded Contacts, Thru Hole Shield Peg.




