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NOTE
/ 1. MUST BE FREE OF BURR, WELDLINE AND IMPERFECTION THAT AFFECT FUNTION.
2. 6HAZARDOUS SUBSTANCES IN PARTS (Lead, Mercuty, Cadmiurn,
@
Hexavalent Chromium, PBBs, PBDEs) SHALL NOT EXCEED
THE MAXIMUM PERMISSIBLE CONCENTRATION PRESCRIBED
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3. PACKAGE : EMBOSS TAPE
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KOREA ELECTRIC
3 METAL FITTING COPPER ALLOY - Ni-+SnP 2 TERMINAL-CO., DL
ore;)QE ectric Te(),
2 WAFER TERMINAL COPPER ALLOY - Ni-+SnP 4 rminal Colf LTD
1 WAFER HOUSING NYLON NATURAL — 1
NO. PART NAME MATERIAL COLOR FINISH Q’ty REMARK ISSUE MARK
MATERIAL SEE TABLE //Kﬂ’ /ﬁ‘% KOREA ELECTRIC
FINISH SEE TABLE ENGINEERED TERMINAL CQ., LTD.
WIRE RANGE /%/ CLASS WIRE TO BOARD
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