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Applications
‧Any frequency

Features
‧One time programmable

‧PLL circuit provides wide frequency
range application (1-200MHz)

‧Low jitter design with new developed IC
‧Package Size: 5.0*3.2 , 7.0*5.0mm

Specifications

Current Consumption

Dimensions and Patterns [unit:mm]

Package Size – Dimensions (Unit: mm) Recommended Land Pattern (Unit: mm)

7.0*5.0mm

Supply
Voltage (V)

Power Dissipation
1.000~30.000MHZ 31.000~75.000MHZ 76.000~110.000MHZ 111.000~166.000MHZ 167.000~200.000MHZ

1.8V 18mA max 19mA max 20mA max 20mA max 20mA max

2.5V 21mA max 22mA max 23mA max 24mA max 25mA max

3.3V 23mA max 24mA max 25mA max 26mA max 27mA max

Frequency Range 1MHz to125MHz 1MHz to 200MHz 1MHz to 200MHz

Supply Voltage 1.8V 2.5V 3.3V

Frequency Stability ±50ppm,or specify

Operating Temperature Range -40~+85℃,or specify

Storage Temperature Range -55~+150℃

Output Type CMOS

Rise Time/Fall Time 4nS Max

Duty Cycle 45~55%

Start-up Time 7ms Max.

Period Jitter (@12K-20Mhz) 1.8V＜1.5ps 2.5V＜1.1ps 3.3V＜ 1ps

Frequency Aging (at 25℃) ±3 ppm / year Max.
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5.0*3.2mm

Test Circuit
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