
XKB INDUSTRIAL PRECISION CO.,LIMITED

MODEL TYPE:

PART NO.:

DWG NO.:

WEIGHT SHEET REVISION

VIEW:

SCALE: N/A

UNIT: mm/in

SIZE: A4

1/1 A0

DSND

DWN

CHKD

APPD

L≤ 4

±0.5

ANGLAR

±0.3

±0.4

±5°

±0.2

DATE
REVISED

APPROVED

4<L≤ 16

16<L≤ 63

L> 63

UNSPECIFIED TOLERANCES

MARK DESCRIPTION

REVISIONS

X

X

X

    www.helloxkb.com    www.helloxkb.cn  www.xk-dg.cn

7.00 [0.276]

K201900TM-XSN-M

AWG#22-24

（0.35~0.22mm²）

Ø1.3mm

Max

1.70 1.60 2.20 2.60

K201900HFK201900TM-XSN-H

AWG#20-22

（0.5~0.35mm²）

Ø1.6mm

Max

1.90 1.85 2.20 2.60

K201900TM-XSN-L

AWG#26-28

（0.13~0.08mm²）

Ø1.2mm

Max

1.30 1.30 1.80 2.00
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1.60 [0.063]

A A

BB

0.50 [0.020]

1
6
.
6
0
 
[
0
.
6
5
3
]

1
2
.
8
0
 
[
0
.
5
0
4
]

4
.
3
 
[
0
.
1
6
9
]

4
.
7
 
[
0
.
1
8
5
]

2.35 [0.092]

2
.
8
5
 
[
0
.
1
1
2
]

0
.
8
 
[
0
.
0
3
2
]

0.20 [0.008]

C

D

A

B

SECTION:A-A

SCALE:1:1

SECTION:B-B

SCALE:1:1

Wind direction
Taking out direction

Specification:

 Volatage Rating:250V  AC/DC

 Current Rating :3A AC/DC

 Withstaning Voltage:800V AC/Minute

 Temperature Range:-40°~+125°

 Insulation Resistance:≥1000MΩ

Contact Resistance:≤10MΩ

K    201900    T    M  - X   SN  - X

1.K:XKBTEK-Car Connector

2.XKB Series No

3.Category:T-Terminal

4.Welding Board Angle:M-Male Terminal

5.Material:P-Phosphor Bronze

                 H-High Conductivity Copper

                 B-Brass

6.Plating Code:SN-50~100u"(1.25~2.5um)Ni;

                           100~180u"(2.5~4.5um)Tin

7.Shape:Common Feet:H-High Feet ;L-Low Feet

                                      M-Middle foot

1 2 3
4 5 6

2.0mm Automobile connector

K201900TM-XSN-X Brass K201900TF K201900HF X2000W
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Wafer

K201900TM-XSN-X

X-K201900TM-XSN-X
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