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Microwave components

1.5- 6 GHz
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R F CHARACTERISTICS |

General tolerances: +/- 0.5 mm

FREQUENCY RANGE : 1.5 - 6 GHz
IMPEDANCE . 50 Ohms
(FREQUENCY J( 1.5 -4 6HZ[ 4 - 6 6Hy
[V.S.W.R [ <= 1.20 ][ <= 1.20 ]

[INSERTIDN LOSS [ <= 0.20 dB [ <= 0.40 dB
[REJECTIDN ATT [ >= 35 dB [ >= 45 dB
DC RESISTANCE OF INDUCTANCE . 0.15 Ohms
MAXIMUM DC CURRENT . 250 mA
MAXIMUM DC VOLTAGE : 100 V
TYPICAL CAPACITANCE . 10 pF
AVERAGE POWER at 25°C © 10 W

(MECHANICAL CHARACTERISTICS]

CONNECTORS
WEIGHT

( ENVIRONMENTAL CHARACTERISTICS)

: SMA male/female per MIL-C 39012
1< 15 g

OPERATING TEMPERATURE RANGE (°C) : -40 , +85
STORAGE TEMPERATURE RANGE (°C) : -40 , +85
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