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73251-1144 .075 1.91 GOLD 1µ" MIN. GOLD 5µ" MIN. TAPE & REEL
73251-1143 .187 4.75 GOLD 1µ" MIN. GOLD 5µ" MIN. TAPE & REEL
73251-1142 .187 4.75 GOLD 1µ" MIN. GOLD 5µ" MIN. TRAY PER 89542-0040
73251-1141 .075 1.91 GOLD 10µ" MIN. GOLD 30µ" MIN. TRAY PER 89542-0040
73251-1140 .187 4.75 GOLD 10µ" MIN. GOLD 30µ" MIN. TRAY PER 89542-0040
PART NO. INCH MM BODY PLATING CONTACT PLATING PACKAGING
DIM X A

RECOMMEMDED PCB LAYOUT

REF.250
6.35

REF.431
10.95

REF.281
7.14

REF.050
1.27

1/4-36 UNS-2A

.030 ±.002
0.76 ±0.05

⌀

A
A
±.006
±.15

.239 ±.004
6.07 ±0.10

.500 ±.006
12.70 ±0.15

.375 ±.006
9.52 ±0.15

⌀

.273 ±.004
6.93 ±0.10

.015 ±.004
0.38 ±0.10

.116 ±.004
2.95 ±0.10

.262 ±.004
6.65 ±0.10

MATERIALS AND FINISHES:

 BODY: BRASS
 PLATED GOLD (SEE TABLE)

 INSULATOR: TEFLON

 CONTACT: BERYLLIUM COPPER
 PLATED GOLD (SEE TABLE)
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PS-89675-365 SOLDER PROFILE
PS-89675-346 ELECTRO/MECH PERFORM.
SPECIFICATION DESCRIPTION

SPEC:
VSWR: 1.15 MAX. @6GHz ; 
             1.30 MAX. @18GHZ
INSERTION LOSS: 0.09 dB MAX. @6GHz ; 
                                0.15 dB MAX. @18GHZ
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TYP.

.069
1.75TYP.

.630
16.00

TYP.

.079
2.00

TYP.

.157
4.00

1.260
32.00

.059
1.50

⌀

NOTES: 
1. MATERIAL: PS BLACK
2. FOR 73251-1143 AND 73251-1144 ONLY

PART NO. 73251-1144

PART NO. 73251-1143

DETAIL A
A
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NOTES:
1. DIMENSIONS ARE PROVIDED FOR REFERENCE ONLY
2. COMPONENT LOAD PER 13" REEL: 600 PCS
3. FOR 73251-1143 AND 73251-1144 ONLY

12.993
330.02

1.260
32.00

.502
12.75

⌀

LABEL:
-ORDER NUMBER
-PART NUMBER
-QUANTITY
-LOT NUMBER

25 EMPTY UNITS
MINIMUM

.230 MIN.
5.84

25 EMPTY UNITS
MINIMUM

ORDER QUANTITY
PACKED WITH 600
COMPONENTS

HANDLING DIRECTION

DETAIL B
B
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