
MIL-STD-348A, FIG. 310.2
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SPECIFICATION

73251-1291 BAG
73251-1290 TRAY
PART NO. PACKAGING
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DESCRIPTION

RECOMMENDED PCB LAYOUT
 

 BOARD THICKNESS 1.57/.062

INTERFACE 

MATERIALS & FINISHES
 
 BODY: BRASS
 PLATED GOLD
 
 CONTACT: BERYLLIUM COPPER
 PLATED GOLD
 
 INSULATOR: TEFLON
 
 JAM NUT: BRASS
 PLATED GOLD
 
 LOCK WASHER: PHOSPHOR BRONZE
 PLATED GOLD

 PACKAGE SEE TABLE

HARDWARE:
 
 JAM NUT: 7.87/.310 HEX X 1.55/.061
 LOCK WASHER: ⌀10.26/.404 X ⌀6.65/.262 X .46/.018
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PART NO: 73251-1290
80 SET PER TRAY
P/N: 89707-0190

1200 SET PER INNER CARTON BOX
P/N: 96707-0001

2400 SET PER OUTER CARTON BOX
P/N: 96708-0005
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500 SET PER OUTER CARTON BOX
P/N: 96707-0002

50 SET PER POLYBAG
P/N: 89707-0176

1 SET PER POLYBAG
P/N: 89707-0317
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