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Customer drawing for 1.2

HC-1.2-NY
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1.Materail:

1.1. Housing: Material: PA Nylon UL94V-0

2. Electrical performance:

      Color:Black

2.1. Insulation resistance: 100MΩ MIN
3.The product environmental requirements.

3.1. Work temperature: -25℃ ~ +85℃

4. Product environmental protection level:

4.1. Products comply with RoHS standards
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