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SPECIFICATIONS:

04/20/07ENGINEERING RELEASE-
APPRDATEDESCRIPTION

IMPEDANCE: 50 Ohms

REV
RFN-1006-9X

C TO 150TEMPERATURE RANGE: -65
INSULATION RESISTANCE: 5k M Ohms min.
WORKING VOLTAGE: 1K V rms Max. @ Sea Level
VSWR: 1.3 MAX. @ 9 GHz
FREQUENCY RANGE: 0-11 GHz

CABLE
REMEE 1600, SAXTON 8315 & TIMES LMR-240 & LMR-240 ULTRAFLEX 

 M8X-1000, MICRO 8/U, FOR RG-8/X, BELDEN 9258, MAXRAD M8X-100 &
f(GHz)SINSERTION LOSS(dB): 0.06 dB MAX. X 

C

ITEM PART NUMBER QTY. DESCRIPTION MATERIAL FINISH

8 066-RG8-000-BN 1 CRIMP   RING BRASS NICKEL, 100m
7 028-10M-002-LR 1 GASKET SILICONE RED
6 027-10M-001-PX 1 RETAINING RING PHOS. BRONZE NONE
5 014-10M-001-BN 1 GROUND RING BRASS NICKEL, 100m
4 012-10M-003-BN 1 SHELL BRASS NICKEL, 100m
3 010-10M-003-TX 1 INSULATOR PTFE NONE
2 009-10M-031-PG 1 PIN PHOS. BRONZE GOLD, 5m
1 001-10M-006-BN 1 BODY BRASS NICKEL, 100m
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