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SPECIFICATIONS:

IMPEDANCE: 50 Ohms

FREQUENCY RANGE: 0—2.5 GHz
WORKING VOLTAGE: 335 V rms Max. @ Sea Level
INSULATION RESISTANCE: 5k M Ohms min.

TEMPERATURE RANGE:

]
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FOR RG—59, 59A, 59B, 62, 62A, 62C/U; ALPHA 9059, 9062,
9830, 9840, 9845; BELDEN 8221, 8241, 9169, 9204,
9228; CANARE LV—61S; CommScope 5555, 5560, 5563
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