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LVDS CABLE: SHARP LQ084S3LG01, 210mm
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REMARK: SIGNAL ORDER IS REVERSED WITH REFERENCE TO THE PANEL SPEC.
BECAUSE THE CONNECTOR MUST BE INSERTED WITH REVERVED DIRECTION
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35mm MAX.

LENGTH = 210mm +/- 10mm

CABLE: UL 20276, 10 PAIRS, 30AWG
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JACKET: PVC COLOR BLACK

USAGE:

(FOR SVH-1920, ALR-1400, SP-1600)
CABLE FOR SHARP LQ084S3LG01 PANEL

LVDS PANEL CABLE: 

P/N 426496510-3

SHARP LG084S3LG01, 210mm
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