THIS DRAWING CONTAINS INFORMATION PROPRIETARY TO RF INDUSTRIES,
ANY UNAUTHORIZED USE OF THIS DRAWING IS EXPRESSLY PROHIBITED
WITHOUT WRITTEN PERMISSION FROM RF INDUSTRIES.

ANY VIOLATION IS PUNISHABLE UNDER U.S. COPYRIGHT LAWS.

ALL DIMENSIONS ARE REFERENCE ONLY
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SPECIFICATIONS:

IMPEDANCE: 50 Ohms

FREQUENCY RANGE: 0—11 GHz

VSWR: 1.3 Max. @ 9 GHz

INSERTION LOSS: .06 dB Max. X /fGHz
WORKING VOLTAGE: 1k V rms ® sea level
TEMPERATURE RANGE: —65°'C TO 85°C
INSULATION RESISTANCE: 5k M Ohms min.
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1 |BODY 1 |BRASS NICKEL, 1004 .
1 1Eol 1]BRASS NEKg L3#" & | oooo00 UNLESS OTHERWISE SPECIFIED 7610 MIRAMAR RD
3 [INSULATOR 1 |PTFE SAN DIEGO, CA 92126
2 [RETAINING RING | 1 |BRASS NICKEL, 1004 cmnnec &S} (ng) e
5 |GASKET 1 |SI RUBBER ——— - DIVISION OF RF INDUSTRIES, LTD. )

6 |GROUND_RING 1 |BRASS NICKEL, 1004

7 |SHELL 1 |BRASS NICKEL, 1004

8 [FERRULE 1 [BRASS NICKEL, 1004"
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