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RECOMMENDED MOUNTING HOLE
SPECIFICATIONS:
IMPEDANCE: 50 Ohms
FREQUENCY RANGE: O0—7 GHz
WORKING VOLTAGE: 500 V rms @ sea level
INSULATION RESISTANCE: 5k M ohms min.
TEMPERATURE RANGE: —85°C TO +165°C CUSTOMER 7610 MIRAMAR RD
- OUTLINE DRAWING SAN DIEGO, CA 92126
TOIHEX NUT T 1 BRASS NICKEL, 10022 OO COTIBGIIrS s 5030
9 |WASHER 1] IRON NICKEL, 100" ARE REFERENCE ONLY DMVISION OF RF INDUSTRIES, LTD. (858) 5496345 FAX
8 |GASKET 1 [ RUBBER RED
7 |PRESS WASHER 1 | BRASS NICKEL, 100" UNLESS OTHERWISE SPECIFIED: PROPRIETARY AND CONFIDENTIAL 'I'N l IB
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