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FEATURES APPLICATIONS

ELECTRICAL CHARACTERISTICS

SHAPES AND DIMENSIONS Unit: mm

PART NO. INDUCTANCE 
(μH ± 20%)

DCR 
(m ) MAX

SATURATION 
CURRENT4(A) MAX

RMS CURRENT3 
(A) MAX

MGV1203R10M-10 0.10 0.96 84.0 43.0 

MGV1203R15M-10 0.15 1.20 75.0 41.0 

MGV1203R22M-10 0.22 1.30 65.0 38.5 

MGV1203R33M-10 0.33 1.50 62.0 36.5 

MGV1203R47M-10 0.47 2.00 55.0 32.0 

MGV1203R60M-10 0.60 2.20 51.0 29.0 

MGV1203R68M-10 0.68 2.50 49.0 28.0 

MGV1203R82M-10 0.82 3.00 44.0 25.0 

MGV12031R0M-10 1.00 3.50 40.0 24.0 

MGV12031R5M-10 1.50 5.50 35.0 19.0 

MGV12031R8M-10 1.80 7.00 30.0 16.5 

MGV12032R2M-10 2.20 8.00 29.0 16.0 

MGV12033R3M-10 3.30 12.00 27.0 12.0 

MGV12034R7M-10 4.70 16.00 24.0 10.0 

MGV12035R6M-10 5.60 19.00 19.0 9.5 

MGV12036R8M-10 6.80 22.00 18.0 9.0 

MGV12038R2M-10 8.20 28.00 16.0 8.5 

MGV1203100M-10 10.00 34.00 14.0 7.0 

A B C D E a b c

13.5±0.5 12.6±0.3 3.5±0.3 3.6±0.5 2.3±0.5 2.9 ref 7.9 ref 5.0 ref

Remark:
1 Tolerance:  M: ±20%
2 Inductance tested at 100KHz, 0.25V

PCB Pattern Equivalent Circuit

MGV1203
SMD Power Inductor Series



TYPICAL ELECTRICAL CHARACTERISTICS
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TYPICAL ELECTRICAL CHARACTERISTICS
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SIP-DS-MGV 1203 0613

ORDERING INFORMATION
PART NUMBER EXAMPLE

M G V 1  2  0  3  -

Product series code Part size code

1  R  5  1  0  M 

Inductance value code
(i.e. 1R5: 1.5μH)

Tolerance % 
(i.e. M: ±20%)

PB free code 
 (i.e. 10: PB free)

TEMPERATURE PROFILE OF  
REFLOW SOLDERING

INDUCTANCE VS FREQUENCY CURVE
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PACKAGING INFORMATION

Frequency (MHz)

MGV1203
SMD Power Inductor Series


