14mm D-FLATS

SPECIFICATIONS:

INTERFACE: IEC61169—66/16

IMPEDANCE: 50 Ohms

FREQUENCY RANGE: 0—6 GHz

RETURN LOSS TYPICAL RESULTS:

0-3 GHz 30 dB

3—6 GHz 26 dB

3rd ORDER IM: <—165 dBc @ 700 MHz & 1900 MHz
3rd ORDER IM TEST METHOD: 2x43 dBm CARRIERS
INSULATION RESISTANCE: 5k MQ

TEMPERATURE RANGE: —40°C TO 100°C

DURABILITY: >500 (N); >100 (2.2/5) MATING CYCLES
MATING TORQUE: 1.7 Nm (N)

COMPLIANCE /CERTIFICATIONS: RoHS / IP68 MATED
NET WEIGHT: 0.120 Ib

NOTE:

CONNECTOR WILL HAVE PROTECTIVE CAPS ON (NOT SHOWN)
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