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SPECIFICATIONS:
IMPEDANCE: 50 Ohms
FREQUENCY RANGE: 0—12.4 GHz
WORKING VOLTAGE: 500 V rms Max. @ Sea Level
INSULATION RESISTANCE: 5k M Ohms min.
TEMPERATURE RANGE: —65'C TO 165°C
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