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SPECIFICATIONS:
IMPEDANCE: 50 Ohms
FREQUENCY RANGE: 0—2.5 GHz
WORKING VOLTAGE: 335 V rms Max. @ Sea Level
INSULATION RESISTANCE: 5k M Ohms min.
TEMPERATURE RANGE: —65°'C TO 165°C
1]BODY 1 |BRASS NICKEL, 1004" | gog974 UNLESS OTHERWISE SPECIFIED:
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4 |CONTACT 1 |PHOS BRONZE|GOLD, 34 3. CHAMFER 1ST & LAST THREADS 45 C@nnec (858) 549-6340
5 [INSULATOR 1 |PTFE ——= 4. SURFACE ROUGHNESS 63 FINISH MIL-STD-10 DIVISION OF RF INDUSTRIES, L7, (898) 549-6345 FAX
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