SPECIFICATIONS
C+0.30 =—6.10+0.20— 1. Current Rating: 3A ACy DC
- 2. Voltage Rating: 250V AC, DC
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4, Contact Resistance: 20mQ Max
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2 HC-HA-2AWT 2.50 | 7.50 | 10.00
3 HC-HA-3AWT 5.00 10.00 | 12.50
4 HC-HA-4AWT 7.50 12.50 | 15.00
—=—050 5 HC-HA-5AWT 10.00 | 15.00 | 17.50
— — 6 HC-HA-6AWT 12.50 | 17.50 | 20.00
7 HC-HA-7AWT 15.00 | 20.00 | 22.50
7 0 0 D 8 HC—HA-BAWT 17.50 | 22.50 [ 25.00
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o 9 HC-HA-9AWT 20.00 [ 25.00 | 27.50
| B B B B B - i * 10 HC-HA-10AWT 92.50 | 27.50 | 30.00
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