Contact Dimensions:
544-Wire Wrap .050x.025(1.27x0.64) - Tail LG=.750(19.05)
.100 (2.54) Contact Spacing x .200 (5.08) Row Spacing
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' SECTION A-A
( ). 345-ENG-MASTER
345/395 SERIES CARD EDGE CONNECTOR Y Ve R vy
PART NUMBER: 395-070-544-478 — —
. INSULATOR MATERIAL: THERMOPLASTIC PBT BLACK, UL 94V-0 -~ . )
. CONTACT MATERIAL; COPPER TIN ALLOY EDEE EDAC INC § I b2
. CONTACT PLATING: GOLD ON THE MATING AREA, TIN PLATING TORONTO, ONTARIO G E SSUE
ON THE CONTACT TAILS, NICKEL UNDERPLATE C ANADA 345-ENG-MASTER 1




.060

285 7.24
.635 16.13
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