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HDGC1508HA-2xXP

Material:
    Insulator: Nylon 46 UL 94V-0

◆SPECIFICATIONS
●Current rating: 2.0A AC, DC
●Voltage rating: 250V AC,DC
●Temperature range: -25°C ~ +85 °C
●Insulation resistance: 500MΩ Min.
●Withstanding voltage: 500V AC/ minute.
●Contact resistance: 20mΩ Max.

Suitable: HDGC1508-T series Terminal,

 HDGC1508WVA-S-2xXP / WRA-S-2xXP  series
 Dual Row Wafer.

 HDGC1508HM-2xXP series Dual Row Housing



HDGC1508-T

HDGC1.5-T(母端)
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◆SPECIFICATIONS
●Current rating: 2.0A AC, DC
●Voltage rating: 250V AC,DC
●Temperature range: -25°C ~ +85 °C
●Insulation resistance: 500MΩ Min.
●Withstanding voltage: 500V AC/ minute.
●Contact resistance: 20mΩ Max.

Material: Phosphor Bronze
Finish: Tin plated
Suitable: HDGC1508HA-2xXP series Dual  Row Housing
Q'TY/Reel: 25,000PCS




