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A£0.15® m Specifications :
—~——12.0000 SQ 0.500® ¢ Voltage rating: 100V AC /DC
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e Current rating: 2A AC/DC

e Withstanding voltage: 800V AC/minute
e Temperature range: -25°C~+85°C

¢ Insulation resistance:21000MQ

¢ Contact resistance: <10mQ

o After environmental testing: <20mQ
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Dimensions (mm) Dimensions (mm) Dimensions (mm)
‘ ‘ Poles A B C Poles A B C Poles A B C
‘ ‘ 02 | 2.00 | 6.00 | 500 | 09 | 16.00 | 20.00 | 19.00 | 16 | 30.00 | 34.00 | 33.00
\ \ 03 | 4.00 | 8.00 | 7.00 | 10 | 18.00 | 22.00 | 21.00 | 17 | 32.00 | 36.00 | 35.00
\\ 04 | 6.00 | 10.00 | 9.00 | 11 | 20.00 | 24.00 | 23.00 | 18 | 34.00 | 38.00 | 37.00
‘ YUY ‘ 05 | 8.00 | 12.00 | 11.00 | 12 | 22.00 | 26.00 | 25.00 | 19 | 36.00 | 40.00 | 39.00
L] L ng\\_1 06 | 10.00 | 14.00 | 13.00 | 13 | 24.00 | 28.00 | 27.00 | 20 | 38.00 | 42.00 | 41.00
) / ————2.00 < 07 | 12.00 | 16.00 | 1500 | 14 | 26.00 | 30.00 | 29.00
Conn.line A ‘OA 08 | 14.00 | 18.00 | 17.00 | 15 | 28.00 | 32.00 | 31.00
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