Aluminum Electrolytic Capacitors SU’SCO"

- 105°C high-temperature, high reliability and long life.
- Suitable for office communicative or industrial equipments.

- ROHS Cﬂmpliance
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SPECIFICATIONS

ltems I8 H Characteristics 55 14
Capac’rtan:e Tolerance ; ﬁ
Ny T t 20%(120Hz 20°C)
Operating Temperature Range 40 ~ +105°C 40 ~ +105°C 25 ~ +105°C
B R ETE ] ' '
Mt 6.3 ~100VDC 160 ~ 250VDC 350 ~ 450vVDC
R ESEE :
| = 0.01CV or 3 (uA) which i ter.( After 2
semmde St minutes a GI:cat{iin]uTE;; r:ega::e:c:;(e :trZD IS O CY 0 (S mrSniinies
=y NI a C) o application of DC rated voltage, at 20 °C)
Measurement Frequency: 120Hz. Temperature: 20°C
e e E e Rated Voltage(V) | 6.3 | 10 | 16 | 25 | 35 | 50 | 63 | 80 [100|160~250|350~450 500 | 600

B A %( tan 3) tan 8(Max) 0.24 1 0.20(0.17|0.15|0.12 |0.10|0.09/0.08|0.08| 0.15 0.20 |0.20(0.25

When nominal capacitance over 1000uF, tand shall be added 0.02 to the listed value with increase off
every 1000uF .

Low Temperature Stability Measurement Frequency: 120Hz.

(3B A Rated Voltage(V) | 6.3 | 10 | 16 [ 25| 35 |50/63| 100 |[160~250| 350~400 450
Impedance Ratio(Max) Z(-25°C)/Z(20°C) | 4 | 3 | 3 | 2| 2 [2]|2 2 4 g 15
FRARECER (RS 2(-40°C)/z20°C) | 8 | 6 | 6 | 4| 4 |4a|la| 4 6 - -

The following specifications shall be satisfied when the capacitors are restored to 20°C after subjected
to DC voltage with the rated ripple currrent is applied for 5,000 hours ( ¢ D=8:3,000 hours; ¢ D=10:4,000|
hours) at 105°C.

Load Life &fa=5an Capacitance Change Within £ 20% of Initial Value
tan © 200% or less of Initial Specified Value
Leakage Current Initial Specified Value or less

The following specifications shall be satisfied when the capacitors are restored to 20°C after exposing
them for 1,000 hours 105°C without voltage applied. Before the measurement, the capacitor shall be
preconditioned by applying voltage according to them 4.1 of JIS C5101-4.

Shelf Life i ==an Capacitance Change Within £ 20% of Initial Value
tan & 200% or less of Initial Specified Value
Leakage Current Initial Specified Value or less
Standards 2 0{5RF JIS C 5101-4 (IEC 60384)

Frequency Coefficient of Permissible Ripple Current

Rated Voltage (V) Capacitance (MF) dicibalo 1
50 120 1K Z 10K
<100 0.70 1.00 1.40 1.60
S 100 100 ~ 4700 0.75 1.00 1.30 1.40
> 4700 0.80 1.00 1.15 1.20
2 160 2.2~820 0.80 1.00 1.30 1.40

The endurance of capacitors is reduced with internal heating produced by ripple current at the rate of halving the lifetime with every 5°C rise.
When long life performance is required in actual use |, the rms ripple current has to be reduced.
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Aluminum Electrolytic Capacitors Su Jr.SCOI"

DIMENSIONS(mm)

L <L+ag+(.5 max.

L+0 max. i 15min. 4min.,

' |

Safety Vent
(@8 UP)

l e
i S~ - - ,-ﬂ’
Sleeve .~ Rubber end seal @d £ 0. 05

¢ D 3 6.3 & 10 13 14.5 16 18 22 25
= 20 2.5 5 o 2.0 2.0 5 F F el 10 12.5
¢ d 0.5 0.5 0.5 0.6 0.6 0.8 0.5 0.8 0.8 1.0

STANDARD RATINGS DxL(mm) : R.C.(mA rms) at 105°C 120Hz.
Cap| V 6.3 10 16 25 35 50 63
(MF) | tem | DxL | RC. | DxL | RC. | DxL | RC. |DxL | RC. | DxL | RC. | DxL | RC. | DxL | RC.

0.47 5x11 3
1 5x11 | 17
20 5x11 | 23
3.3 5x11 | 31
4.7 5x11 | 35
10 5x11 | 45 5x11 | 48 5x11 | 51 Ex11 | 56
22 5x11 | 60 |6.3x11| 78 |6.3x11| 85 |[6.3x11| 95
33 6.3x11 | 90 |6.3x11 | 100 8x12 | 102 | 8x12 | 122
47 5x11 | 85 |6.3x11 | 105 8x12 | 130 8x12 | 141 | 10x13 | 152
100 5x11 | 120 5x11 | 130 |6.3x11 | 140 8x12 | 185 8x12 | 190 | 10x13 | 231 | 10x16 | 250
220 6.3x11 | 170 [6.3x11 | 190 | 8x12| 240 | 10x13 | 290 | 10x13| 320 | 10x16 | 368 | 10x20 | 415
330 8x12 | 250 | 8x12| 280 | 8x12| 310 | 10x13| 350 | 10x16 | 420 | 10x20 | 490 | 13x21 | 550
470 8x12 | 290 | 8x12| 330 | 10x13| 380 | 10x20| 465 | 13x21 | 580 | 13x21 | 665 | 16x26 | 725
1000 10x13 | 490 | 10x16 | 580 | 10x20 | 670 | 13x21| 830 | 13x25 | 1000 | 16x26 | 1080 | 16x32 | 1135
2200 10x20 | 830 | 13x21| 970 | 13x25| 1130 | 16x26 | 1210 | 16x32 | 1450 | 18x35 | 1695
3300 13x21 | 1060 | 13x25 | 1250 | 16x26 | 1350 | 16x32 | 1540 | 18x35 | 1830 | 18x40 | 2070
4700 13x25 | 1310 | 16x26 | 1400 | 16x32 | 1570 | 18x35 | 1870 | 18x40 | 2150
6800 16x26 | 1430 | 16x32 | 1690 | 18x35 | 1930 | 18x40 | 2120
10000 16x32 | 1790 | 18x35 | 2010 | 18x40 | 2190
15000 18x35 | 1980 | 18x40 | 2260
22000 18x40 | 2290

Cap | V 100 160 200 250 350 400 450
(MF) | tem | DxL | RC. | DxL | RC. | DxL | RC. |DxL | RC. | DxL | RC. | DxL | RC. | DxL | RC.
5 5x11 | 28 |6.3x11| 28 |6.3x11| 28 8x12 | 35 8x12 | 35 8x12 | 35 |10x13| 36
3.3 5x11 | 34 8x12 | 34 8x12 | 35 8x12 | 50 8x12 | 44 8x12 | 50 | 10x13| 48
4.7 5x11 | 40 8x12 | 43 |10x13| 50 8x12 | 55 |10x13| 55 |10x13| 60 | 10x16 | 60
10 63x11 | 66 |10x13| 75 |10x16| 80 |10x16| 100 |[10x20| 92 |10x20| 100 | 13x21 | 110
22 8x12 | 112 |[10x16 | 130 |[10x20| 140 [ 13x21 | 170 [ 13x21 | 162 | 13x25| 190 | 16x22 | 210
33 10x13 | 155 |[10x20 | 170 | 13x21| 200 |13x21| 225 |[13x25 | 205 | 16x22 | 240 | 16x26 | 280
39 10x13 | 160 |[10x20| 190 | 13x21| 220 |13x25| 250 |[16x22 | 220 | 16x26 | 300 | 16x32 | 330
47 10x16 | 190 | 13x21| 230 | 13x21 | 250 |13x25| 280 | 16x26 | 320 | 16x32 | 330 | 18x25 | 360
68 10x20 | 210 [13x25| 260 | 13x25| 280 |16x22 | 310 |[16x26 | 350 | 18x25| 350 | 18x32 | 500
82 13x21 | 240 |16x22 | 320 | 16x26 | 350 | 16x32 | 390 | 18x25 | 420 | 18x32 | 580 | 18x35 | 600
100 13x21 | 310 |[16x26| 350 | 16x32| 480 | 16x36 | 500 | 18x32 | 550 | 18x35 | 660 | 18x40 | 720
120 18x35 | 650 | 18x40 | 770
220 16x26 | 540 | 18x35| 640 | 18x40 | 810
330 16x26 | 660
470 16x32 | 880
560 22x40 | 1300 | 22x50 | 1400
680 22x50 | 1420 | 25x50 | 1550
820 25x50 | 1700

# 1amm may be replaced by 12.5mm upon customer’s request.
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Aluminum Electrolytic Capacitors SU’SCO"

SLIM TYPE
- 105°C high-temperature and high voltage 350~430V, life 3000~5000hrs.

- Specially Size, 8~16mm diameter.

- For LCD-TV and LCD-Moniter power.

- RoHS Compliance.

- 105°C M=m/E2Em @ =/E350~450V » =Fap3000~5000/\F5F ©
- FHRERRY 0 H1$8~16mm ©

- = AHLCD TVELLCD MoniterE R fEA o

- —
e —

STANDARD RATINGS DxL(mm) : R.C.(mA rms) at 105°C 120Hz.
Cap | V 350 400 450
(LF) | Item DxL BE DxL R.C. DxL G
22 8x50 135 10x40 280
- 8x61 280 10x50 350
10x40 210 10x40 260 13x35 300
10x40 210 8x61 280 8x61 350
39 10x45 300 10x50 350
LS e 13x35 310 13x40 360
10x40 300 10x50 330 10x60 410
47 13x35 320 13x40 350 13x50 370
14 5x30 320 14 5x40 370 14 5x40 390
53 13x35 320 13x50 385 10x60 440
10x60 400 13x50 385 13x60 450
68 13x40 420 14 5x45 400 14.5x50 400
16x35 430 16x35 420 16x40 440
o 13x50 450 14 5x45 530 14.5x50 600
16x35 500 16x40 550 16x45 620
14.5x50 700
100 16x40 530 s 55 16x50 760

“ 13mm may be replaced by 12.5mm upon customer’s request.
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