YF

R MUR4040SPT TO-247

High Efficiency Rectifiers
Reverse Voltage - 400V
Forward Current - 40A

Feaures
+Glass passivated chip junctions

tHigh Speed recovery time for switching

mode application
tHigh Forward Surge Capability

tLow Reverse Current
tLead free in compliance with EU

RoHS 2011/65/EU directive PN PNz gy

el SH)
Mechanical Data Common Cathode
tLeads: Solderable per mil-std-202, Method 208 TO-247

tPolarity: as marked

tMounting torque: 5 in-lbs maximum
¢Terminals: Puretin plated

tWeight: 5.85 grams

Maximum Ratings & Electrical Characteristics

Rating Symbol Value Unit
Maximum Repetitive Reverse Voltage VRrM 400 Vv
Maximum RMS voltage VRrms 280 Vv
DC Blocking Voltage Vbc 400 Vv
Average Forward Current %er%?g:jc: I ;‘8 A
halfsino-wave Superimposed on rated ioad s 500 A
Typical Forward Voltage at IF=20A Ve 1.30 Vv
Max. DC Reversfe Current at Ta =25°C., I 5 uA
Rated DC Blocking Voltage Ta=125C 250
Typical Reverse Recovery Time (Note 1) Trr 50 nS
Typical Thermal Resistance(Note 2) Ro c 1.5 TIW
Operating Junction Temperature Range Ty -55 to +150 C
Storage Temperature Range Tste -55 to +150 C

NOTES:
1. Reverse Recovery Test Conditions: IF=0.5A, IR=1A, Irr=0.25A.
2. Thermal resistance from junction to case.
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Ratings and Characteristic Curves

FIG. 1 - TYPICAL FORWARD CURRENT DERATING CURVE
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FIG. 3 - TYPICAL REVERSE CHARACTERISTICS
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FIG. 2 - MAXIMUM NON-REPETITIVE FORWARD SURGE
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FIG. 4 - TYPICAL INSTANTANEOUS FORWARD
CHARACTERISTICS
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Package Outline Dimensions Millimeters

TO-247

imensions in millimeters
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