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NOTES:

 HOUSING HAS RAST 5 COMPLIANT KEYING, LATCHING, AND POLARIZATION
   TAB IS 6.30 X 0.8 ACCORDING TO DIN 46244

 2 SEE SHEET 2 FOR AVAILABLE CONFIGURATIONS

 3 MATERIAL: HOUSING, NYLON, UL94 V0, 750�$�C GWT NO FLAME
   CONTACT, COPPER ALLOY, 0.8MM THICK

 4 FINISH: 
   CONTACTS WITH TIN:MATTE TIN PLATING OVERALL, NICKEL UNDER-PLATING
   CONTACTS WITH SILVER:SILVER PLATING OVERALL, NICKEL UNDER-PLATING  

 PCB TABS INSERTED IN A STAGGERED PATTERN BEGINNING WITH
   POSITION 1

 DIMENSION OFF OF LAST POSITION REGARDLESS OF EVEN
   OR ODD POSITION HEADER

 7 PACKAGING: LOOSE PIECE 

 PRELIMINARY PART - NOT RELEASED FOR PRODUCTION
   THIS PRODUCT HAS NOT COMPLETED QUALIFICATION TESTING

 TOOL MARK ON TERMINAL SURFACE IS ACCEPTABLE WHICH DOES NOT IMPACT FUNCTION

 PACKAGING WITH NORMAL PE BAG.

LATCH WINDOW

KEYING

POLARIZATION

1

SECTION  F-F

2

RECOMMEND PCB LAYOUT A - COMPONENT SIDE
PCB 1.5�#�0.2 THICK

PCB TAB POSITION 1 

6

RECOMMEND PCB LAYOUT B - COMPONENT SIDE
PCB 1.5�#�0.2 THICK

PCB TAB POSITION 1 

6
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