
NOTES: VALID UNLESS OTHERWISE SPECIFIED
1. GENERAL:
a.  APPLICATION SPECIFICATION SEE: AS-111149-001
b.  PRODUCT SPECIFICATION SEE:  PS-111149-001
c.  PACKAGING SPECIFICATION PER MOLEX DRAWING: PK-34858-001
d.  PARTS MUST BE IN COMPLIANCE TO MOLEX CHEMICAL SUBSTANCES FOR 
     PRODUCTS AND PACKAGING SPECIFICATION: QEHS-699000-300
e.  DATA MUST BE SUBMITTED UNDER THE MOLEX PART NUMBER TO IMDS
     (COMPANY ID#13255)
f.  PCB TO BE FR4 .062" (1.57mm) THICK
g.  MATING CONNECTOR MINIMUM CLEARANCE: REGION TO REMAIN CLEAR OF 
     MODULE COMPONENTS, ADHESIVE, DEBRIS, ETC.

2. DESIGN - MATERIALS:
a.  HEADER HOUSING: SPS GF30
b.  TERMINALS - COPPER ALLOY
     OVERMOLDING: LCP GF30
     MATE-SIDE PLATING: SELECTIVE GOLD OVER NICKEL
     PCB-SIDE PLATING: TIN OVER NICKEL
c.  BISCUIT: SPS GF30
d.  SHIELDS - COPPER ALLOY
     PLATING (OVERALL): TIN OVER NICKEL

3.  DESIGN - GEOMETRY:
a.  GEOMETRIC DIMENSIONS AND TOLERANCES PER ASME Y14.5M-2009
b.  EDGES AND UNDIMENSIONED DETAILS PER ISO13715
c.  CORNERS SHOWN AS SHARP TO BE R 0.2 MAX.

4. LASER MARKING TO BE MARKED WITH:
    HUMAN READABLE CODE (HRC)
    -PERMANENTLY APPLIED ON THE PART WITH 1.5mm LETTER SIZE
      5 DIGIT JULIAN MANUFACTURING DATE STAMP YYDDD
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12.05 MIN

4X R6.70 MAX

Z

Z

12.80 MAX

15.95 MIN

28.30 MIN

MATING HARNESS CONNECTOR KEEP OUT REGION

SECTION Z-Z
 SCALE 2:1

IF HEADER IS RECESSED INTO A POCKET, THESE DIMENSIONS REPRESENT
THE MINIMUM CLEARANCE REQUIRED FOR THE MATING CONNECTOR SHROUD.
SEE NOTE 1g.
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