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ELECTRICAL SPECIFICATIONS:

1. INDUCTANCE: 1KHz/0.1V   (HP-4284A)
1 - 3: 10.0 K OHM ± 20%
6 - 4: 10 K OHM (LOAD)

2. DCR: (AT 25ºc CH-502A)
1 - 3: 820 OHM ±20%
6 - 4: 1.08 K OHM ±20%

3. HI-POT TEST:
       PRI TO SEC : AC 1000V 1mA FOR 1 SEC
       CORE TO COIL : AC 1000V 1mA FOR 1 SEC

4. INSULATION TEST:
       COIL TO COIL & CORE : 100 mOHM MIN BY DC 500V

5. GAP : CORE CENTER GAP
       PRI : SEC = 1:1

6. GAP : CORE NO GAP


