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SECTION A-A
ACCEPTS .062" PCB

CONTACT ID.
SCALE 4 : 1

CONTACT MARKING:
(LETTERS G, I, O & Q NOT USED
SIZE 02 THRU 25
 1  2  3 . . . 23  24  25
 A  B  C . . . AA BB CC
SIZE 28 & 44
 1  2  3 . . . 23 24 25
 A  B  C . . .  A  B  C
SIZE 36 & 43
 A  B  C . . . A  B  C
 1  2  3 . . . 23 24 25

MP_ _ - _ 156 - _ _ - DSE - 1_ _ _

NOTES:
INSULATOR MATERIAL: SEE PART NUMBER CODING1.
CONTACT MATERIAL: SEE PART NUMBER CODING2.
PLATING: .SEE PART NUMBER CODING3.
OPERATING TEMPERATURE: SEE PART NUMBER CODING4.
PROCESSING TEMP: SEE PART NUMBER CODING5.
UL FLAMMABILITY RATING: 94V-06.
OPERATING VOLTAGE: 950 VAC 7.
CURRENT RATING: 3 AMP8.
CONTACT RESISTANCE: 30 MILLI OHMS MAX9.
INSULATION RESISTANCE: 5000 MEGA OHMS10.
DURABILITY: 500 CYCLES MIN11.
CONNECTOR IDENTIFICATION: THE PART SHALL BE MARKED WITH A PART NUMBER AND LOT CODE12.
BOARD THICKNESS ACCOMMODATED: .062 .008[1.57 0.20]13.
INSERTION FORCE: 16 OZ MAX PER CONTACT PAIR WHEN USING A .062[1.57] TEST BLADE14.

      INTERNAL INSPECTION TO BE PER SULLIN'S WORK INSTRUCTION WI-8.6-03
WITHDRAWAL FORCE: 1 OZ MIN PER CONTACT PAIR USING .062[1.57] TEST BLADE15.
MODIFICATION: MICRO PLASTICS FLARED, CARD EXTENDER BEND FOR LOW PROFILE CONNECTOR,  16.
.055" INSIDE DIMENSION FOR .062" PCB. REVERSE CONTACT ID FOR 36 AND 43 POSITION

REF: _ _M_ _DRK_-P13, P69, S1077, S1165, S2837

REVISIONS
REV. ECO. NO DESCRIPTION DATE BY

C 3801
ADD MPP & PA9T MATERIAL OPTION 
AND 'FLOATING BOBBIN' OPTION, 
OBSOLETE DWG C11677 (REPLACE 

WITH C11853)
1/16/2018 JH

D 4350 ADD S2837 & NOTE 16 4/7/2021 JH
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