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[ 0.197 [5,01 MAX. PANEL THICKNESS T -I:
BULKHEAD PHONO JACK RoHS COMPLIANT
2. MATERIALS:
BODY - BRASS, NICKEL OR GOLD PLATED
TIP TERMINAL - BRASS, NICKEL PLATED REAR MOUNT PLATING:
INSULATOR - ABS AU - CoLD
NUT - BRASS, NICKEL OR GOLD PLATED BLANK = NICKEL
TOOTH WASHER - STEEL, NICKEL PLATED
BODY TERMINAL - BRASS, NICKEL PLATED
— [NSULATOR COlLOR
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