
* Federkontakt AWG 22 - Female Contact AWG 22
   Kabelführung Ø1,27 - cable guide Ø1,27
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Kabelführung: schwarz

cable guide: black
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packaging unit 144 pcs
Verpackt in Tray                         - tray packaging
Verpackungseinheit 144 Stück - 
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Kontaktbezeichnung

contact marking

3

Einzelheit X - detail  X
M 2:1

Class

A3

prior notice.

contact one of the ERNI companies

DateIndex SRCP

1,27 SRC P IDC, 6-pin

1,27 SRC P SKV, 6-polig
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Subject to modification without

DesignationAll rights reserved.

Only for Information.

To ensure that this is the latest

version of this drawing, please

C
o

p
yr

ig
h

t 
b

y 
E

R
N

I 
G

m
b

H

P
ro

p
ri

e
ta

ry
 n

o
ti

ce
 p

u
rs

u
a
n

t 
to

 I
S

O
 1

6
0
16

 t
o

 b
e

 o
b

s
e

rv
e

d
.

für Einzeladern AWG 22, ohne Hilfsmittel lösbar

for single conductors AWG 22, without tool unlockable
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5 x 1,27 = 6,35
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