MATERIALS

HOUSING:
ALUMINUM 6061, NICKEL PLATED
(500 MICROINCHES MINIMUM) PER
SAE-AMS-2404

INSULATOR:
PPS PER MIL-M-24519, TYPE
GST 40F

CONTACT:
COPPER ALLOY PER SAE-AS39029
GOLD PLATED PER ASTM B488
(HARD GOLD), TYPE Il, CODE C
CLASS 1.27 OVER NICKEL

UNDERPLATE
TERMINATION:
SOLDER COATED WITH SN63A PER
J-STD-006
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