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MATERIALS

HOUSING:
ALUMINUM 6061-T6, NICKEL 
PLATE PER AMS-C-26074

INSULATOR:
LIQUID CRYSTAL POLYMER 
(LCP) PER ASTM D5138

CONTACT/SOLDERCUP:
BERYLLIUM COPPER PER 
ASTM B194, C17200, AND 
COPPER ALLOY PER MIL-
DTL-83513, GOLD PLATED 
PER ASTM B488, (HARD 
GOLD) TYPE II CODE C, 
CLASS 1.27

HARDWARE:
AVAILABLE UPON REQUEST
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