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Material and Finish

Insulator: PBT Thermoplastic
with Glass-fiber Reinforcement,

UL 94V-0 Rated,
Color: Black

Shell: Steel, Nickel Plated
Contact Material:

Contact Plating Options:

Standard: Gold Flash on
Mating End, Tin on
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Mating End, Tin on

Socket - Phosphor Bronze

Termination End, Nickel
Underplate on Entire Contact

Termination End, Nickel
Underplate on Entire Contact

30 Option: 30u" Gold on
Mating End, Tin on

Termination End, Nickel
Underplate on Entire Contact

Electrical Specifications

Rated Current: 2A

Rated Voltage: 30V RMS
Insulation Resistance:

1000 Megohms Min. at 500V DC

Contact Resistance:
13 milliohms Max.

Dielectric Withstanding Voltage:

1000V for 1 Minute

Mechanical Specifications

Operating Temperature:
-55°C to +105°C
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