Coaxial Twin Connectors
BR2 series

FOR SCREENED TWIN CABLES

GENERAL CHARACTERISTICS
F 0-05 6[45

- Bayonnet lock coupling with polarisation
- Materials : all metal parts under stress in beryllfium copper
othar metal parts : brass
insulators : polyamide and diallyphtalate
gaskets : neoprene
- Piating: N.S.R. *®
' - Temperature range ;- 40 + 100° C

ELECTRICAL CHARACTERISTICS

- Dielectric withstan- between pins
ding voltage between pins and body
- Maximum intensity : 3.5 Amp.

i 1.500 voits RMS, 50 Hz

- Insulation resistance between pins l 105 MQ
between pins and body

- Contact resistance : < 1 m{}at 1 Amp.

- Capacity at 1 MHz between pins <13 pF
between pins and body +<3.2pF

COAXIAL CABLES SUITABLE FOR BR 2 CONNECTORS

MAX CENTRAL ELEMENT BRAID @ SHEATH
EXT, DIA CONDUC- ]
TOR @
4 1.1 1.3 3.9 4.5
5 1.1 2.2 3.9 55
6 1.1 2.2 5.2 6.4

(®) Radiall Trade Mark
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BR2 series

® Dimensions of plates
* Cable mounting
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STRAIGHT PLUGS

cope R. 605 004
cooe R. 605 005
cooe R. 605 006

) RIGHT ANGLE PLUGS
cope R. 6056 154

® cope R. 605 155

cope R. 605 156
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WITH PLATE
coee R. 605 254
coce R. 605 255
coos R. 605 256
Panel piercing : al or a2

Plate type : A
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6 6.4 A 18




ground washer R, 51 001 1y [

Dimensions of plate
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BR2 series

RECEPTACLE WITH PLATE

cooe R. 605 400

PRINTED CIRCUIT RECEPTACLE

cooe R. 605 440
On special order only

BULKHEAD RECEPTACLE

cone R. 605 550

BULKHEAD RECEPTACLE

Weatherproof

cope R. 605 600

HERMETICALLY SEALED
BULKHEAD RECEPTACLE

Glass sealed

cope R. 605 610
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BR2 series

caps
WITHOUT CHAIN
cope R.141 802

Other reference : CW. 155 ASU

Gasket : elastomere silicone

WITH BEAD CHAIN

cope R. 141812

Other reference : CW, 123 A/U

cope R. 141 842

Other reference : CW, 282/U
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GASKET FOR PLATES DBIMENSIONS OF PLATES
cooe R. 280503 A B
Other refarernce : B, 9 366
[ .__m_llfﬁ_. - ;ﬁ” 5
Thickness : 1.5 - o
Material : neoprene o
Weight : 0.4 g. =
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4 holes M 2.5 x 0.45 4 holes 2,6
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cable assembly
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‘. -
] 4o
«4

[—] ‘.._-.-.---....-.-

\\
'&’

/\4\;\\\\\\‘&




